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DIMENSION ON PAGE 4 PANEL MOUNT VIEW DIMS UPDATED.
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10/21/15T. STROTH
TYPE I DRAWING

ROSEMOUNT 0306RT MANIFOLD

NTSD

ROSEMOUNT 306RT1 BLOCK AND BLEED MANIFOLD

INLINE TRANSMITTER

PROCESS

ISOLATE

BLEED SCREW

1/2-14 MALE NPT
PROCESS CONNECTION

(INLET)

1/2-14 MALE NPT
INSTRUMENT CONNECTION

(OUTLET)

BLEED SCREW

HANDLE MAY HAVE
ALTERNATE DESIGN

http://www2.emersonprocess.com/en-US/brands/rosemount/Documentation-and-Drawings/Product-Data-Sheets/Pages/index.aspx
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10/21/15T. STROTH
TYPE I DRAWING

ROSEMOUNT 0306RT MANIFOLD

NTSD

INLINE TRANSMITTER

PROCESS

ISOLATE

TEST/ VENT

HANDLE MAY HAVE
ALTERNATE DESIGN

ROSEMOUNT 306RT2 TWO VALVE MANIFOLD

1/4-18 NPT VENT PIPE PLUG IS
SHIPPED UNINSTALLED IN 
SEPARATE BAG

1/2-14 MALE NPT
INSTRUMENT CONNECTION

(OUTLET)

1/2-14 MALE NPT
PROCESS CONNECTION

1/4-18 NPT VENT PIPE PLUG IS
SHIPPED UNINSTALLED IN 
SEPARATE BAG

1/2-14 MALE NPT
INSTRUMENT CONNECTION

(OUTLET)

1/2-14 FEMALE NPT
PROCESS CONNECTION

(INLET)
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10/21/15T. STROTH
TYPE I DRAWING

ROSEMOUNT 0306RT MANIFOLD

NTSD

INLINE TRANSMITTER

PROCESS

ISOLATE

TEST /VENT

HANDLE MAY HAVE
ALTERNATE DESIGN

ROSEMOUNT 306RT3 TWO VALVE (ASME B31.1) MANIFOLD

1/2-14 MALE NPT
PROCESS CONNECTION
(INLET)

1/4-18 NPT VENT PIPE PLUG IS
SHIPPED UNINSTALLED IN 
SEPARATE BAG

1/2-14 MALE NPT
INSTRUMENT CONNECTION

(OUTLET)

1/2-14 FEMALE NPT
PROCESS CONNECTION

(INLET)

1/2-14 MALE NPT
INSTRUMENT CONNECTION

(OUTLET)

1/4-18 NPT VENT PIPE PLUG IS
SHIPPED UNINSTALLED IN 
SEPARATE BAG
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TYPE I DRAWING

ROSEMOUNT 0306RT MANIFOLD

NTSD

ROSEMOUNT 3051S IN-LINE PRESSURE TRANSMITTER WITH 306R MANIFOLD
IN-LINE MOUNTING CONFIGURATION WITH OPTIONAL MOUNTING BRACKET

PANEL MOUNTING PIPE MOUNTING

2 INCH U-BOLT
FOR PIPE MOUNTING

1 INCH U-BOLT
FOR TRANSMITTER MOUNTING

1 INCH U-BOLT
FOR TRANSMITTER MOUNTING

5/16-18 BOLTS
FOR PANEL MOUNTING

MANIFOLD VALVE ORIENTATION
IS NOT CONTROLLED WITH

RELATION TO TRANSMITTER HOUSING

http://www2.emersonprocess.com/en-US/brands/rosemount/Documentation-and-Drawings/Product-Data-Sheets/Pages/index.aspx
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ROSEMOUNT 0306RT MANIFOLD

NTSD

PANEL MOUNTING PIPE MOUNTING

ROSEMOUNT 3051 IN-LINE PRESSURE TRANSMITTER WITH 306R MANIFOLD
IN-LINE MOUNTING CONFIGURATION WITH OPTIONAL MOUNTING BRACKET

MANIFOLD VALVE ORIENTATION
IS NOT CONTROLLED WITH

RELATION TO TRANSMITTER HOUSING
OR BRACKET MOUNTING HOLES

1/4-20 BOLTS
FOR TRANSMITTER MOUNTING

5/16-18 BOLTS
FOR PANEL MOUNTING

2 INCH U-BOLT
FOR PIPE MOUNTING

1/4-20 BOLTS
FOR TRANSMITTER MOUNTING
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