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FOR MORE INFO
SEE REF MANUAL
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NOTE :
2. TRANSMITTER HEAD MOUNTING, SEE REF MANUAL
| P/T RATING FOR THIS FLANGE, SEE REF MANUAL
06 | TRANSMITTER HEAD] | RMT L
05 |ANTENNA ASSEMBLY] I RMT
0410-RING | RMT
03 |PROCESS O-RING | RMT
02 | SCREW/NUT/WASHER| - |ACC. TO FLANGE STD CUSTOMER
SEE NOTE |
01 |[FLANGE | DIM. ACC TO ANSI B 16.5/ RMT
EN 1092-1. OTHER ON REQUEST C
PT RATING SEE NOTE 1.
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